
Do not use for construction. Refer to factory certified dimensions. This catalog includes data current at the time of publication,  
which should be reconfirmed at the time of purchase. Up-to-date engineering data, free product selection software, 

and more can be found at BaltimoreAircoil.com. 

Series 3000 Engineering Data

NOTES:  

1. The E dimension represents the distance between the outer edge of the unit and the connection.  For 8.5’, 10’, and 12’ 
wide units this dimension is 1-1/8”. The 14’ wide units the E dimension is 1/2”.

2. The following units ship in two sections per cell. The top section is the heaviest and tallest. Top section heights are:

S3E Model
Catalog Upper Section With  

Installed Fan Guard Height (in) S3E Model
Catalog Upper Section With 

Installed Fan Guard Height (in)

S3E-1222-10x 10’-3” S3E-1424-13 (L to Q) 10’-5”

S3E-1222-12x 10’-3” S3E-1424-13 (R to S) 10’-11”

S3E-1222-13x 10’-3” S3E-1424-13 (T) 11’-3”

S3E-1222-14x 11’-7” S3E-1424-14 (M to Q) 11’-9”

S3E-1424-12 (L to Q) 10’-5” S3E-1424-14 (R to S) 10’-11”

S3E-1424-12 (R to S) 10’-11” S3E-1424-14 (T to W) 12’-7”

S3E-1424-12 (T) 11’-3”

L
3”

L E EE

AH

Access Door 
Both Ends

W

Side Elevation: Double Cell UnitSide Elevation: Single Cell Unit

End Elevation

L
3”

L E EE

AH

Access Door 
Both Ends

W

Cooling Towers
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Series 3000 Single Cell Data

Model Number
Nominal 

Tonnage[3]
Motor

HP
Fan

(CFM)

Weights (lbs) Dimensions[5]

Operating[4] Shipping
Heaviest 
Section L W H[6] A

S3E-8518-05L 293 15 77,410 15,170 8,030 8,030 8'-6" 18'-1" 9'-10" 8'-8"

S3E-8518-05M 322 20 84,620 15,230 8,090 8,090 8'-6" 18'-1" 9'-10" 8'-8"

S3E-8518-06L 329 15 84,170 16,030 8,360 8,360 8'-6" 18'-1" 11'-2" 10'-0"

S3E-8518-06M 361 20 91,930 16,050 8,380 8,380 8'-6" 18'-1" 11'-2" 10'-0"

S3E-8518-06N 388 25 98,420 16,080 8,410 8,410 8'-6" 18'-1" 11'-2" 10'-0"

S3E-8518-06O 406 30 104,060 16,130 8,460 8,460 8'-6" 18'-1" 11'-2" 10'-0"

S3E-8518-07M 400 20 98,970 18,330 8,760 8,760 8'-6" 18'-1" 12'-6" 11'-4"

S3E-8518-07N 429 25 105,860 18,360 8,790 8,790 8'-6" 18'-1" 12'-6" 11'-4"

S3E-8518-07O 451 30 111,830 18,410 8,840 8,840 8'-6" 18'-1" 12'-6" 11'-4"

S3E-8518-07P 484 40 121,940 18,570 9,000 9,000 8'-6" 18'-1" 12'-6" 11'-4"

S3E-1020-06M 384 20 97,900 19,140 9,540 9,540 9'-10" 20'-1" 10'-10" 10'-0"

S3E-1020-06N 412 25 104,760 19,280 9,680 9,680 9'-10" 20'-1" 10'-10" 10'-0"

S3E-1020-06O 436 30 110,730 19,330 9,730 9,730 9'-10" 20'-1" 10'-10" 10'-0"

S3E-1020-07M 425 20 105,810 20,180 9,890 9,890 9'-10" 20'-1" 12'-2" 11'-4"

S3E-1020-07N 457 25 113,200 20,320 10,030 10,030 9'-10" 20'-1" 12'-2" 11'-4"

S3E-1020-07O 484 30 119,610 20,370 10,080 10,080 9'-10" 20'-1" 12'-2" 11'-4"

S3E-1020-07P 530 40 130,440 20,530 10,240 10,240 9'-10" 20'-1" 12'-2" 11'-4"

S3E-1222-06M 438 20 112,310 23,660 11,380 11,380 11'-10" 21'-7" 10'-11" 10'-0"

S3E-1222-06N 471 25 120,200 23,800 11,520 11,520 11'-10" 21'-7" 10'-11" 10'-0"

S3E-1222-06O 500 30 127,050 23,850 11,570 11,570 11'-10" 21'-7" 10'-11" 10'-0"

S3E-1222-07N 523 25 130,040 25,150 12,120 12,120 11'-10" 21'-7" 12'-3" 11'-4"

S3E-1222-07O 554 30 137,410 25,200 12,170 12,170 11'-10" 21'-7" 12'-3" 11'-4"

S3E-1222-07P 607 40 149,860 25,360 12,330 12,330 11'-10" 21'-7" 12'-3" 11'-4"

S3E-1222-07Q 652 50 160,280 25,370 12,340 12,340 11'-10" 21'-7" 12'-3" 11'-4"

S3E-1222-07R 690 60 169,320 26,130 13,100 13,100 11'-10" 21'-7" 12'-9" 11'-4"

S3E-1222-10P 757 40 180,450 33,510 15,330 9,010 11'-10" 21'-7" 16'-5" 15'-6"

S3E-1222-10Q 810 50 192,540 33,670 15,490 9,170 11'-10" 21'-7" 16'-5" 15'-6"

S3E-1222-10R 856 60 203,010 33,680 15,500 9,180 11'-10" 21'-7" 16'-5" 15'-6"

S3E-1222-10S 916 75 216,630 34,640 16,460 10,140 11'-10" 21'-7" 16'-5" 15'-6"

S3E-1222-12P 812 40 191,550 36,250 16,260 9,120 11'-10" 21'-7" 19'-1" 18'-2"

S3E-1222-12Q 869 50 204,250 36,310 16,320 9,180 11'-10" 21'-7" 19'-1" 18'-2"

S3E-1222-12R 917 60 215,250 36,520 16,530 9,390 11'-10" 21'-7" 19'-1" 18'-2"

S3E-1222-12S 981 75 229,520 37,480 17,490 10,350 11'-10" 21'-7" 19'-1" 18'-2"

S3E-1222-13P 839 40 196,980 37,170 16,720 9,120 11'-10" 21'-7" 20'-5" 19'-6"

S3E-1222-13Q 897 50 209,990 37,230 16,780 9,180 11'-10" 21'-7" 20'-5" 19'-6"

S3E-1222-13R 947 60 221,240 37,440 16,990 9,390 11'-10" 21'-7" 20'-5" 19'-6"

S3E-1222-13S 1,013 75 235,850 37,520 17,070 9,470 11'-10" 21'-7" 20'-5" 19'-6"

Series 3000 Cooling Tower
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Model Number
Nominal 

Tonnage[3]
Motor

HP
Fan

(CFM)

Weights (lbs) Dimensions[5]

Operating[4] Shipping
Heaviest 
Section L W H[6] A

S3E-1222-14P 872 40 203,930 37,590 17,150 9,600 11'-10" 21'-7" 21'-9" 20'-10"

S3E-1222-14Q 933 50 217,360 37,650 17,210 9,660 11'-10" 21'-7" 21'-9" 20'-10"

S3E-1222-14R 985 60 228,970 37,810 17,370 9,820 11'-10" 21'-7" 21'-9" 20'-10"

S3E-1222-14S 1,056 75 244,030 37,890 17,450 9,900 11'-10" 21'-7" 21'-9" 20'-10"

S3E-1222-14T[1] 1,147 100 265,000 39,810 19,370 10,990 11'-10" 21'-7" 21'-9" 20'-10"

S3E-1424-07O 621 30 154,290 34,500 16,460 16,460 14'-0" 24'-1" 12'-4" 11'-4"

S3E-1424-07P 680 40 168,280 34,660 16,620 16,620 14'-0" 24'-1" 12'-4" 11'-4"

S3E-1424-07Q 729 50 179,930 34,670 16,630 16,630 14'-0" 24'-1" 12'-4" 11'-4"

S3E-1424-07R 772 60 189,980 34,680 16,640 16,640 14'-0" 24'-1" 12'-4" 11'-4"

S3E-1424-12Q 995 50 234,340 44,480 21,640 11,900 14'-0" 24'-1" 19'-3" 18'-2"

S3E-1424-12R 1,050 60 246,760 44,640 21,800 12,060 14'-0" 24'-1" 19'-9" 18'-2"

S3E-1424-12S 1,121 75 262,860 44,690 21,850 12,110 14'-0" 24'-1" 19'-9" 18'-2"

S3E-1424-12T[1] 1,207 100 279,550 46,610 23,770 13,200 14'-0" 24'-1" 20'-1" 18'-2"

S3E-1424-13Q 1,031 50 241,640 45,860 22,030 11,900 14'-0" 24'-1" 20'-7" 19'-6"

S3E-1424-13R 1,088 60 254,360 46,020 22,190 12,060 14'-0" 24'-1" 21'-1" 19'-6"

S3E-1424-13S 1,161 75 270,860 46,070 22,240 12,110 14'-0" 24'-1" 21'-1" 19'-6"

S3E-1424-13T [1] 1,250 100 287,930 47,990 24,160 13,200 14'-0" 24'-1" 21'-5" 19'-6"

S3E-1424-14Q 1,075 50 250,810 47,440 22,420 12,650 14'-0" 24'-1" 21'-11" 20'-10"

S3E-1424-14R 1,134 60 263,950 47,600 22,580 12,810 14'-0" 24'-1" 22'-5" 20'-10"

S3E-1424-14S 1,215 75 280,990 47,650 22,630 12,860 14'-0" 24'-1" 22'-5" 20'-10"

S3E-1424-14T [1] 1,303 100 300,200 49,570 24,550 13,950 14'-0" 24'-1" 22'-9" 20'-10"

S3E-1424-14U [2] 1,374 119 316,630 50,280 25,260 14,660 14’-0” 24’-1” 22’-5” 20’-10”

S3E-1424-14W [2] 1,394 125 321,160 50,280 25,260 14,660 14’-0” 24’-1” 22’-5” 20’-10”

NOTES FOR SINGLE CELL UNITS:

1. S3E-1222-14T, S3E-1424-12T, S3E-1424-13T and 
S3E-1424-14T are supplied with a gear drive system 
as standard and require two sets of drift eliminators at 
nominal tonnage conditions.

2. S3E-1424-14U and S3E-1424-14W are supplied with 
the ENDURADRIVE® Fan System as standard and 
require two sets of drift eliminators at nominal tonnage 
conditions.

3. Nominal tons of cooling represents the capability to 
cool 3 USGPM of water from a 95°F entering water 
temperature to an 85°F leaving water temperature at a 
78°F entering wet-bulb temperature. 

4. Operating weight is based on the water level in the 
cold water basin at overflow height. If a lower operating 
weight is needed to meet design requirements, your local 
BAC Representative can provide additional assistance. 

5. Refer to page C15 for dimensional reference drawings.

6. Models shipped with an optional gear drive or Low 
Sound Fan may have heights up to 10.5” greater than 
shown. For units with Whisper Quiet Fans please contact 
your local BAC Representative for accurate height 
dimensions.

Do not use for construction. Refer to factory certified dimensions. This catalog includes data current at the time of publication,  
which should be reconfirmed at the time of purchase. Up-to-date engineering data, free product selection software, 

and more can be found at BaltimoreAircoil.com. 

Cooling Towers
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XE Model Data

Model Number
Nominal 

Tonnage[1]
Motor

HP
Fan

(CFM)

Weights (lbs) Dimensions[3]

Operating[2] Shipping
Heaviest 
Section L W H[4] A

XES3E-8518-05G 171 3 46,830 15,000 7,860 7,860 8'-6" 18'-1" 9'-10" 8'-8"

XES3E-8518-05H 203 5 54,950 15,010 7,870 7,870 8'-6" 18'-1" 9'-10" 8'-8"

XES3E-8518-05J 233 7.5 62,370 15,040 7,900 7,900 8'-6" 18'-1" 9'-10" 8'-8"

XES3E-8518-05K 256 10 68,230 15,050 7,910 7,910 8'-6" 18'-1" 9'-10" 8'-8"

XES3E-8518-06G 194 3 51,200 15,910 8,240 8,240 8'-6" 18'-1" 11'-2" 10'-0"

XES3E-8518-06H 230 5 60,000 15,920 8,250 8,250 8'-6" 18'-1" 11'-2" 10'-0"

XES3E-8518-06J 262 7.5 68,010 15,950 8,280 8,280 8'-6" 18'-1" 11'-2" 10'-0"

XES3E-8518-06K 288 10 74,310 15,960 8,290 8,290 8'-6" 18'-1" 11'-2" 10'-0"

XES3E-8518-07G 216 3 55,510 18,190 8,620 8,620 8'-6" 18'-1" 12'-6" 11'-4"

XES3E-8518-07H 256 5 64,950 18,200 8,630 8,630 8'-6" 18'-1" 12'-6" 11'-4"

XES3E-8518-07J 292 7.5 73,520 18,230 8,660 8,660 8'-6" 18'-1" 12'-6" 11'-4"

XES3E-8518-07K 320 10 80,250 18,240 8,670 8,670 8'-6" 18'-1" 12'-6" 11'-4"

XES3E-8518-07L 365 15 90,740 18,310 8,740 8,740 8'-6" 18'-1" 12'-6" 11'-4"

XES3E-1020-06G 206 3 54,620 19,020 9,420 9,420 9'-10" 20'-1" 10'-10" 10'-0"

XES3E-1020-06H 244 5 64,020 19,030 9,430 9,430 9'-10" 20'-1" 10'-10" 10'-0"

XES3E-1020-06J 279 7.5 72,540 19,040 9,440 9,440 9'-10" 20'-1" 10'-10" 10'-0"

XES3E-1020-06K 307 10 79,230 19,050 9,450 9,450 9'-10" 20'-1" 10'-10" 10'-0"

XES3E-1020-06L 350 15 89,680 19,120 9,520 9,520 9'-10" 20'-1" 10'-10" 10'-0"

XES3E-1020-07G 228 3 59,110 20,040 9,750 9,750 9'-10" 20'-1" 12'-2" 11'-4"

XES3E-1020-07H 271 5 69,240 20,050 9,760 9,760 9'-10" 20'-1" 12'-2" 11'-4"

XES3E-1020-07J 310 7.5 78,450 20,080 9,790 9,790 9'-10" 20'-1" 12'-2" 11'-4"

XES3E-1020-07K 340 10 85,680 20,090 9,800 9,800 9'-10" 20'-1" 12'-2" 11'-4"

XES3E-1020-07L 388 15 96,960 20,160 9,870 9,870 9'-10" 20'-1" 12'-2" 11'-4"

XES3E-1222-06H 279 5 73,400 23,530 11,250 11,250 11'-10" 21'-7" 10'-11" 10'-0"

XES3E-1222-06J 318 7.5 83,170 23,560 11,280 11,280 11'-10" 21'-7" 10'-11" 10'-0"

XES3E-1222-06K 350 10 90,860 23,570 11,290 11,290 11'-10" 21'-7" 10'-11" 10'-0"

XES3E-1222-06L 399 15 102,870 23,640 11,360 11,360 11'-10" 21'-7" 10'-11" 10'-0"

XES3E-1222-07J 354 7.5 90,050 24,910 11,880 11,880 11'-10" 21'-7" 12'-3" 11'-4"

XES3E-1222-07K 389 10 98,370 24,920 11,890 11,890 11'-10" 21'-7" 12'-3" 11'-4"

XES3E-1222-07L 444 15 111,350 24,990 11,960 11,960 11'-10" 21'-7" 12'-3" 11'-4"

XES3E-1222-07M 487 20 121,530 25,010 11,980 11,980 11'-10" 21'-7" 12'-3" 11'-4"

XES3E-1222-10K 491 10 120,030 33,090 14,910 8,590 11'-10" 21'-7" 16'-5" 15'-6"

XES3E-1222-10L 559 15 135,400 33,160 14,980 8,660 11'-10" 21'-7" 16'-5" 15'-6"

XES3E-1222-10M 611 20 147,380 33,180 15,000 8,680 11'-10" 21'-7" 16'-5" 15'-6"

XES3E-1222-10N 655 25 157,340 33,320 15,140 8,820 11'-10" 21'-7" 16'-5" 15'-6"

XES3E-1222-10O 693 30 165,950 33,370 15,190 8,870 11'-10" 21'-7" 16'-5" 15'-6"

XES3E-1222-12K 528 10 127,800 35,830 15,840 8,700 11'-10" 21'-7" 19'-1" 18'-2"

XES3E-1222-12L 600 15 144,070 35,900 15,910 8,770 11'-10" 21'-7" 19'-1" 18'-2"

XES3E-1222-12M 657 20 156,730 35,920 15,930 8,790 11'-10" 21'-7" 19'-1" 18'-2"

XES3E-1222-12N 703 25 167,230 36,060 16,070 8,930 11'-10" 21'-7" 19'-1" 18'-2"

XES3E-1222-12O 744 30 176,300 36,110 16,120 8,980 11'-10" 21'-7" 19'-1" 18'-2"

Series 3000 Cooling Tower
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NOTES FOR XE MODEL UNITS:

1. Nominal tons of cooling represents the capability to 
cool 3 USGPM of water from a 95°F entering water 
temperature to an 85°F leaving water temperature at a 
78°F entering wet-bulb temperature.

2. Operating weight is based on the water level in the 
cold water basin at overflow height. If a lower operating 
weight is needed to meet design requirements, your local 
BAC Representative can provide additional assistance.  

3. Refer to page C15 for dimensional reference drawings.

4. Models shipped with an optional gear drive or Low 
Sound Fan may have heights up to 10.5” greater than 
shown. For units with Whisper Quiet Fans please contact 
your local BAC Representative for accurate height 
dimensions.

Do not use for construction. Refer to factory certified dimensions. This catalog includes data current at the time of publication,  
which should be reconfirmed at the time of purchase. Up-to-date engineering data, free product selection software, 

and more can be found at BaltimoreAircoil.com. 

Model Number
Nominal 

Tonnage[1]
Motor

HP
Fan

(CFM)

Weights (lbs) Dimensions[3]

Operating[2] Shipping
Heaviest 
Section L W H[4] A

XES3E-1222-13K 545 10 131,530 36,750 16,300 8,700 11'-10" 21'-7" 20'-5" 19'-6"

XES3E-1222-13L 620 15 148,260 36,820 16,370 8,770 11'-10" 21'-7" 20'-5" 19'-6"

XES3E-1222-13M 678 20 161,250 36,840 16,390 8,790 11'-10" 21'-7" 20'-5" 19'-6"

XES3E-1222-13N 727 25 172,040 36,980 16,530 8,930 11'-10" 21'-7" 20'-5" 19'-6"

XES3E-1222-13O 769 30 181,340 37,030 16,580 8,980 11'-10" 21'-7" 20'-5" 19'-6"

XES3E-1222-14L 645 15 153,570 37,240 16,800 9,250 11'-10" 21'-7" 21'-9" 20'-10"

XES3E-1222-14M 706 20 167,020 37,260 16,820 9,270 11'-10" 21'-7" 21'-9" 20'-10"

XES3E-1222-14N 756 25 178,170 37,400 16,960 9,410 11'-10" 21'-7" 21'-9" 20'-10"

XES3E-1222-14O 799 30 187,780 37,450 17,010 9,460 11'-10" 21'-7" 21'-9" 20'-10"

XES3E-1424-07J 396 7.5 101,080 34,210 16,170 16,170 14'-0" 24'-1" 12'-4" 11'-4"

XES3E-1424-07K 435 10 110,430 34,220 16,180 16,180 14'-0" 24'-1" 12'-4" 11'-4"

XES3E-1424-07L 497 15 125,010 34,290 16,250 16,250 14'-0" 24'-1" 12'-4" 11'-4"

XES3E-1424-07M 545 20 136,450 34,310 16,270 16,270 14'-0" 24'-1" 12'-4" 11'-4"

XES3E-1424-07N 585 25 146,010 34,450 16,410 16,410 14'-0" 24'-1" 12'-4" 11'-4"

XES3E-1424-12L 691 15 166,130 44,070 21,230 11,490 14'-0" 24'-1" 19'-3" 18'-2"

XES3E-1424-12M 755 20 180,510 44,090 21,250 11,510 14'-0" 24'-1" 19'-3" 18'-2"

XES3E-1424-12N 808 25 192,440 44,230 21,390 11,650 14'-0" 24'-1" 19'-3" 18'-2"

XES3E-1424-12O 854 30 202,710 44,280 21,440 11,700 14'-0" 24'-1" 19'-3" 18'-2"

XES3E-1424-12P 931 40 219,990 44,420 21,580 11,840 14'-0" 24'-1" 19'-3" 18'-2"

XES3E-1424-13L 717 15 171,590 45,450 21,620 11,490 14'-0" 24'-1" 20'-7" 19'-6"

XES3E-1424-13M 783 20 186,380 45,470 21,640 11,510 14'-0" 24'-1" 20'-7" 19'-6"

XES3E-1424-13N 838 25 198,630 45,610 21,780 11,650 14'-0" 24'-1" 20'-7" 19'-6"

XES3E-1424-13O 885 30 209,190 45,660 21,830 11,700 14'-0" 24'-1" 20'-7" 19'-6"

XES3E-1424-13P 965 40 226,910 45,800 21,970 11,840 14'-0" 24'-1" 20'-7" 19'-6"

XES3E-1424-14M 817 20 193,670 47,050 22,030 12,260 14'-0" 24'-1" 21'-11" 20'-10"

XES3E-1424-14N 874 25 206,360 47,190 22,170 12,400 14'-0" 24'-1" 21'-11" 20'-10"

XES3E-1424-14O 924 30 217,270 47,240 22,220 12,450 14'-0" 24'-1" 21'-11" 20'-10"

XES3E-1424-14P 1,007 40 235,600 47,380 22,360 12,590 14'-0" 24'-1" 21'-11" 20'-10"

Cooling Towers
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Series 3000 Double Cell Data

Model Number
Nominal 

Tonnage[3]
Motor

HP
Fan

(CFM)

Weights (lbs) Dimensions[5]

Operating[4] Shipping
Heaviest 
Section L W H[6] A

S3E-8518-05L-2 585 30 154,820 30,340 16,060 8,030 17'-3" 18'-1" 9'-10" 8'-8"

S3E-8518-05M-2 643 40 169,240 30,460 16,180 8,090 17'-3" 18'-1" 9'-10" 8'-8"

S3E-8518-06L-2 658 30 168,340 32,060 16,720 8,360 17'-3" 18'-1" 11'-2" 10'-0"

S3E-8518-06M-2 723 40 183,860 32,100 16,760 8,380 17'-3" 18'-1" 11'-2" 10'-0"

S3E-8518-06N-2 776 50 196,840 32,160 16,820 8,410 17'-3" 18'-1" 11'-2" 10'-0"

S3E-8518-06O-2 813 60 208,120 32,260 16,920 8,460 17'-3" 18'-1" 11'-2" 10'-0"

S3E-8518-07M-2 800 40 197,940 36,660 17,520 8,760 17'-3" 18'-1" 12'-6" 11'-4"

S3E-8518-07N-2 858 50 211,720 36,720 17,580 8,790 17'-3" 18'-1" 12'-6" 11'-4"

S3E-8518-07O-2 903 60 223,660 36,820 17,680 8,840 17'-3" 18'-1" 12'-6" 11'-4"

S3E-8518-07P-2 968 80 243,880 37,140 18,000 9,000 17'-3" 18'-1" 12'-6" 11'-4"

S3E-1020-06M-2 767 40 195,800 38,280 19,080 9,540 19'-10" 20'-1" 10'-10" 10'-0"

S3E-1020-06N-2 823 50 209,520 38,560 19,360 9,680 19'-10" 20'-1" 10'-10" 10'-0"

S3E-1020-06O-2 872 60 221,460 38,660 19,460 9,730 19'-10" 20'-1" 10'-10" 10'-0"

S3E-1020-07M-2 851 40 211,620 40,360 19,780 9,890 19'-10" 20'-1" 12'-2" 11'-4"

S3E-1020-07N-2 913 50 226,400 40,640 20,060 10,030 19'-10" 20'-1" 12'-2" 11'-4"

S3E-1020-07O-2 968 60 239,220 40,740 20,160 10,080 19'-10" 20'-1" 12'-2" 11'-4"

S3E-1020-07P-2 1,060 80 260,880 41,060 20,480 10,240 19'-10" 20'-1" 12'-2" 11'-4"

S3E-1222-06M-2 877 40 224,620 47,320 22,760 11,380 23'-11" 21'-7" 10'-11" 10'-0"

S3E-1222-06N-2 942 50 240,400 47,600 23,040 11,520 23'-11" 21'-7" 10'-11" 10'-0"

S3E-1222-06O-2 999 60 254,100 47,700 23,140 11,570 23'-11" 21'-7" 10'-11" 10'-0"

S3E-1222-07N-2 1,046 50 260,080 50,300 24,240 12,120 23'-11" 21'-7" 12'-3" 11'-4"

S3E-1222-07O-2 1,109 60 274,820 50,400 24,340 12,170 23'-11" 21'-7" 12'-3" 11'-4"

S3E-1222-07P-2 1,215 80 299,720 50,720 24,660 12,330 23'-11" 21'-7" 12'-3" 11'-4"

S3E-1222-07Q-2 1,303 100 320,560 50,740 24,680 12,340 23'-11" 21'-7" 12'-3" 11'-4"

S3E-1222-07R-2 1,380 120 338,640 52,260 26,200 13,100 23'-11" 21'-7" 12'-9" 11'-4"

S3E-1222-10P-2 1,514 80 360,900 67,020 30,660 9,010 23'-11" 21'-7" 16'-5" 15'-6"

S3E-1222-10Q-2 1,621 100 385,080 67,340 30,980 9,170 23'-11" 21'-7" 16'-5" 15'-6"

S3E-1222-10R-2 1,712 120 406,020 67,360 31,000 9,180 23'-11" 21'-7" 16'-5" 15'-6"

S3E-1222-10S-2 1,832 150 433,260 69,280 32,920 10,140 23'-11" 21'-7" 16'-5" 15'-6"

S3E-1222-12P-2 1,624 80 383,100 72,500 32,520 9,120 23'-11" 21'-7" 19'-1" 18'-2"

S3E-1222-12Q-2 1,737 100 408,500 72,620 32,640 9,180 23'-11" 21'-7" 19'-1" 18'-2"

S3E-1222-12R-2 1,835 120 430,500 73,040 33,060 9,390 23'-11" 21'-7" 19'-1" 18'-2"

S3E-1222-12S-2 1,961 150 459,040 74,960 34,980 10,350 23'-11" 21'-7" 19'-1" 18'-2"

S3E-1222-13P-2 1,678 80 393,960 74,340 33,440 9,120 23'-11" 21'-7" 20'-5" 19'-6"

S3E-1222-13Q-2 1,794 100 419,980 74,460 33,560 9,180 23'-11" 21'-7" 20'-5" 19'-6"

S3E-1222-13R-2 1,895 120 442,480 74,880 33,980 9,390 23'-11" 21'-7" 20'-5" 19'-6"

S3E-1222-13S-2 2,025 150 471,700 75,040 34,140 9,470 23'-11" 21'-7" 20'-5" 19'-6"
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NOTES FOR SINGLE CELL UNITS:

1. S3E-1222-14T, S3E-1424-12T, S3E-1424-13T and 
S3E-1424-14T are supplied with a gear drive system 
as standard and require two sets of drift eliminators at 
nominal tonnage conditions.

2. S3E-1424-14U and S3E-1424-14W are supplied with 
the ENDURADRIVE® Fan System as standard and 
require two sets of drift eliminators at nominal tonnage 
conditions.

3. Nominal tons of cooling represents the capability to 
cool 3 USGPM of water from a 95°F entering water 
temperature to an 85°F leaving water temperature at a 
78°F entering wet-bulb temperature. 

4. Operating weight is based on the water level in the 
cold water basin at overflow height. If a lower operating 
weight is needed to meet design requirements, your local 
BAC Representative can provide additional assistance. 

5. Refer to page C15 for dimensional reference drawings.

6. Models shipped with an optional gear drive or Low 
Sound Fan may have heights up to 10.5” greater than 
shown. For units with Whisper Quiet Fans please contact 
your local BAC Representative for accurate height 
dimensions.

Do not use for construction. Refer to factory certified dimensions. This catalog includes data current at the time of publication,  
which should be reconfirmed at the time of purchase. Up-to-date engineering data, free product selection software, 

and more can be found at BaltimoreAircoil.com. 

Model Number
Nominal 

Tonnage[3]
Motor

HP
Fan

(CFM)

Weights (lbs) Dimensions[5]

Operating[4] Shipping
Heaviest 
Section L W H[6] A

S3E-1222-14P-2 1,744 80 407,860 75,180 34,300 9,600 23'-11" 21'-7" 21'-9" 20'-10"

S3E-1222-14Q-2 1,866 100 434,720 75,300 34,420 9,660 23'-11" 21'-7" 21'-9" 20'-10"

S3E-1222-14R-2 1,970 120 457,940 75,620 34,740 9,820 23'-11" 21'-7" 21'-9" 20'-10"

S3E-1222-14S-2 2,112 150 488,060 75,780 34,900 9,900 23'-11" 21'-7" 21'-9" 20'-10"

S3E-1222-14T-2[1] 2,294 200 530,000 79,620 38,740 10,990 23'-11" 21'-7" 21'-9" 20'-10"

S3E-1424-07O-2 1,241 60 308,580 69,000 32,920 16,460 28'-2" 24'-1" 12'-4" 11'-4"

S3E-1424-07P-2 1,360 80 336,560 69,320 33,240 16,620 28'-2" 24'-1" 12'-4" 11'-4"

S3E-1424-07Q-2 1,459 100 359,860 69,340 33,260 16,630 28'-2" 24'-1" 12'-4" 11'-4"

S3E-1424-07R-2 1,545 120 379,960 69,360 33,280 16,640 28'-2" 24'-1" 12'-4" 11'-4"

S3E-1424-12Q-2 1,989 100 468,680 88,960 43,280 11,900 28'-2" 24'-1" 19'-3" 18'-2"

S3E-1424-12R-2 2,099 120 493,520 89,280 43,600 12,060 28'-2" 24'-1" 19'-9" 18'-2"

S3E-1424-12S-2 2,242 150 525,720 89,380 43,700 12,110 28'-2" 24'-1" 19'-9" 18'-2"

S3E-1424-12T-2[1] 2,414 200 559,100 93,220 47,540 13,200 28'-2" 24'-1" 20'-1" 18'-2"

S3E-1424-13Q-2 2,062 100 483,280 91,720 44,060 11,900 28'-2" 24'-1" 20'-7" 19'-6"

S3E-1424-13R-2 2,175 120 508,720 92,040 44,380 12,060 28'-2" 24'-1" 21'-1" 19'-6"

S3E-1424-13S-2 2,322 150 541,720 92,140 44,480 12,110 28'-2" 24'-1" 21'-1" 19'-6"

S3E-1424-13T-2[1] 2,500 200 575,860 95,980 48,320 13,200 28'-2" 24'-1" 21'-5" 19'-6"

S3E-1424-14Q-2 2,150 100 501,620 94,880 44,840 12,650 28'-2" 24'-1" 21'-11" 20'-10"

S3E-1424-14R-2 2,268 120 527,900 95,200 45,160 12,810 28'-2" 24'-1" 22'-5" 20'-10"

S3E-1424-14S-2 2,431 150 561,980 95,300 45,260 12,860 28'-2" 24'-1" 22'-5" 20'-10"

S3E-1424-14T-2[1] 2,605 200 600,400 99,140 49,100 13,950 28'-2" 24'-1" 22'-9" 20'-10"

S3E-1424-14U-2[2] 2,748 238 633,260 100,560 50,520 14,660 28’-2” 24’-1” 22’-5” 20’-10”

S3E-1424-14W-2[2] 2,787 250 642,320 100,560 50,520 14,660 28’-2” 24’-1” 22’-5” 20’-10”
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Series 3000 Connection Data

Model Number

Dimensions[1] Inlet Connection Sizes[2,4] Outlet Connection Sizes[3,4]

B C D F
Easy  

Connect Top Inlet Outlet Remote Sump

S3E/XES3E-8518-05x 5'-9" 3'-9" 9" 6'-6" 8" (2) 6" 8" 10"

S3E/XES3E-8518-06x 6'-7" 3'-9" 9" 6'-6" 8" (2) 6" 8" 10"

S3E/XES3E-8518-07x 6'-7" 3'-9" 10" 6'-6" 10" (2) 8" 10" 12"

S3E/XES3E-1020-06x 6'-7" 3'-9" 10" 6'-9" 10" (2) 8" 10" 12"

S3E/XES3E-1020-07x 6'-7" 3'-9" 10" 6'-9" 10" (2) 8" 10" 12"

S3E/XES3E-1222-06x 6'-7" 4'-0" 10" 8'-8" 10" (2) 8" 10" 12"

S3E/XES3E-1222-07x 6'-7" 4'-0" 10" 8'-8" 10" (2) 8" 10" 14"

S3E/XES3E-1222-10x 10'-5" 4'-0" 10" 8'-8" 12" (2) 8" 12" 16"

S3E/XES3E-1222-12x 13'-1" 4'-0" 10" 8'-8" 12" (2) 8" 12" 16"

S3E/XES3E-1222-13x 14'-5" 4'-0" 10" 8'-8" 12" (2) 8" 12" 18"

S3E/XES3E-1222-14x 15'-9" 4'-0" 10" 8'-8" 14" (2) 10" 14" 20"

S3E/XES3E-1424-07x 6'-7" 4'-1" 10" 8'-10" 12" (2) 8" 12" 16"

S3E/XES3E-1424-12x 13'-1" 4'-1" 10" 8'-10" 14" (2) 10" 14" 20"

S3E/XES3E-1424-13x 14'-5" 4'-1" 10" 8'-10" 14" (2) 10" 14" 20"

S3E/XES3E-1424-14x 15'-9" 4'-1" 10" 8'-10" 14" (2) 10" 14" 20"

NOTES FOR CONNECTION DIMENSIONS: 

1. For dimension locations, see page C23.

2. The specific size of the inlet and outlet connection may 
vary with the design cooling water flow rate.

3. Unless otherwise indicated, all connections 3” and 
smaller are male pipe thread, and connections 4” and 
larger are beveled for welding and grooved to suit a 
mechanical coupling. 

4. On double cell units, connections are the same size but are located on 
both ends of the unit. Refer to page C15  for side elevation view.

Do not use for construction. Refer to factory certified dimensions. This catalog includes data current at the time of publication,  
which should be reconfirmed at the time of purchase. Up-to-date engineering data, free product selection software, 

and more can be found at BaltimoreAircoil.com. 
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Series 3000 Connection Data
Concrete Basin Engineering Data for Optional Basinless Units

NOTES FOR BASINLESS DATA: 

1. Purchaser to design, construct, and furnish basin 
(including anchor bolts) in accordance with 
requirements given. Purchaser must also supply sump, 
overflow, drain, cleanout, and water make-up to suit 
requirements.

2. All anchor bolts shall be 3/4” diameter, 1 1/2” projection 
(±1/4”), fully threaded. Bolt to have one nut and washer. 
Anchor bolt and column bearing point locations and 
elevations must be maintained ±1/8”. 

3. Pier dimensions shown are minimum bearing surfaces 
required for the tower structure and do not include 
corner chamfers on the concrete piers.

4. Fill to be located below the operating water level (see 
Side View of Concrete Basin for All Models on page C23).

5. Maximum operating weight does not include concrete 
basin or water retained in the basin.

Do not use for construction. Refer to factory certified dimensions. This catalog includes data current at the time of publication,  
which should be reconfirmed at the time of purchase. Up-to-date engineering data, free product selection software, 

and more can be found at BaltimoreAircoil.com. 

Model
Number

Operating Load
Vertical (lbs)

Maximum Operating
Weight (lbs) A B C D

S3E/XES3E-8518-05x 1,830 10,980 9'-0 3/4" 18'-4 1/2" 9'-2 1/4" -

S3E/XES3E-8518-06x 1,990 11,890 9'-0 3/4" 18'-4 1/2" 9'-2 1/4" -

S3E/XES3E-8518-07x 2,390 14,320 9'-0 3/4" 18'-4 1/2" 9'-2 1/4" -

S3E/XES3E-1020-06x 2,350 14,070 10'-5 1/4" 20'-4 1/2" 10'-2 1/4" -

S3E/XES3E-1020-07x 2,550 15,270 10'-5 1/4" 20'-4 1/2" 10'-2 1/4" -

S3E/XES3E-1222-06x 2,800 16,750 12'-5 3/4" 21'-10 1/2" 10'-11 1/4" -

S3E/XES3E-1222-07x 3,180 19,030 12'-5 3/4" 21'-10 1/2" 10'-11 1/4" -

S3E/XES3E-1222-10x 4,450 26,690 12'-5 3/4" 21'-10 1/2" 10'-11 1/4" -

S3E/XES3E-1222-12x 4,930 29,530 12'-5 3/4" 21'-10 1/2" 10'-11 1/4" -

S3E/XES3E-1222-13x 4,930 29,570 12'-5 3/4" 21'-10 1/2" 10'-11 1/4" -

S3E/XES3E-1222-14x 5,320 31,870 12'-5 3/4" 21'-10 1/2" 10'-11 1/4" -

S3E/XES3E-1424-07x 3,020 24,110 14'-7 1/8" 24'-4 1/2" 7'-8 1/4" 9'-0"

S3E/XES3E-1424-12x 4,580 36,570 14'-7 1/8" 24'-4 1/2" 7'-8 1/4" 9'-0"

S3E/XES3E-1424-13x 4,750 37,950 14'-7 1/8" 24'-4 1/2" 7'-8 1/4" 9'-0"

S3E/XES3E-1424-14x 5,030 40,240 14'-7 1/8" 24'-4 1/2" 7'-8 1/4" 9'-0"
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NOTES FOR BASINLESS DATA: 

1. Support members and anchor bolts shall be designed, furnished, and installed by others.

2. Design of support members and anchor bolts shall be in accordance with the strength and serviceability requirements of the applicable building code 
and project specifications.

3. Support members shall be level at the top.

4. Refer to the certified unit support drawing for loading and additional support requirements.

5. For support spacing other than shown, mounting holes in the unit are to be drilled by others.

Series 3000 Structural Support
The recommended support arrangement for the Series 3000 Cooling Tower consists of parallel structural 

members positioned as shown in the drawings on page C27. In addition to providing adequate support, the 

members also serve to raise the unit above any solid foundation to assure access to the bottom of the tower. 

The Series 3000 Cooling Tower may also be supported on columns at the anchor bolt locations shown in Plan 

A (single cell) or Plan C (double cell). Alternate support arrangements can be found on page C28. To support a 

Series 3000 Cooling Tower on columns with an alternate steel support arrangement or the optional upgraded 

seismic and wind rated unit, consult your local BAC Representative.

Model
Number

Weights (lbs) Dimensions

Operating Shipping

WT. at Bolt
Hole

Locations L1 L2 W A B C D

S3E/XES3E-8518-05x 15,230 8,090 3,810 8'-5 3/4" 17'-2" 18'-0 1/2" 9'-4" 1 1/8" 8'-3 1/2" 4 3/4"

S3E/XES3E-8518-06x 16,130 8,460 4,040 8'-5 3/4" 17'-2" 18'-0 1/2" 9'-4" 1 1/8" 8'-3 1/2" 4 3/4"

S3E/XES3E-8518-07x 18,570 9,000 4,650 8'-5 3/4" 17'-2" 18'-0 1/2" 9'-4" 1 1/8" 8'-3 1/2" 4 3/4"

S3E/XES3E-1020-06x 19,330 9,730 4,840 9'-9 1/4" 19'-9" 20'-0 1/2" 11'-4" 1 1/8" 9'-7" 4 3/4"

S3E/XES3E-1020-07x 20,530 10,240 5,140 9'-9 1/4" 19'-9" 20'-0 1/2" 11'-4" 1 1/8" 9'-7" 4 3/4"

S3E/XES3E-1222-06x 23,850 11,570 5,970 11'-9 3/4" 23'-10" 21'-6 1/2" 12'-10" 1 1/8" 11'-7 1/2" 4 3/4"

S3E/XES3E-1222-07x 26,130 13,100 6,540 11'-9 3/4" 23'-10" 21'-6 1/2" 12'-10" 1 1/8" 11'-7 1/2" 4 3/4"

S3E/XES3E-1222-10x 34,640 16,460 8,660 11'-9 3/4" 23'-10" 21'-6 1/2" 12'-10" 1 1/8" 11'-7 1/2" 4 3/4"

S3E/XES3E-1222-12x 37,480 17,490 9,370 11'-9 3/4" 23'-10" 21'-6 1/2" 12'-10" 1 1/8" 11'-7 1/2" 4 3/4"

S3E/XES3E-1222-13x 37,520 17,070 9,380 11'-9 3/4" 23'-10" 21'-6 1/2" 12'-10" 1 1/8" 11'-7 1/2" 4 3/4"

S3E/XES3E-1222-14x 39,810 19,370 9,960 11'-9 3/4" 23'-10" 21'-6 1/2" 12'-10" 1 1/8" 11'-7 1/2" 4 3/4"

S3E/XES3E-1424-07x 34,680 16,640 8,670 13'-11 1/8" 28'-0 3/4" 24'-0 1/2" 15'-4" 1 7/16" 13'-8 1/4" 5 3/8"

S3E/XES3E-1424-12x 46,610 23,770 11,660 13'-11 1/8" 28'-0 3/4" 24'-0 1/2" 15'-4" 1 7/16" 13'-8 1/4" 5 3/8"

S3E/XES3E-1424-13x 47,990 24,160 12,000 13'-11 1/8" 28'-0 3/4" 24'-0 1/2" 15'-4" 1 7/16" 13'-8 1/4" 5 3/8"

S3E/XES3E-1424-14x 50,280 25,260 12,570 13'-11 1/8" 28'-0 3/4" 24'-0 1/2" 15'-4" 1 7/16" 13'-8 1/4" 5 3/8"
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Model Number Quantity of Bolts

S3E/XES3E-8518-05x 4

S3E/XES3E-8518-06x 4

S3E/XES3E-8518-07x 4

S3E/XES3E-1020-06x 4

S3E/XES3E-1020-07x 4

S3E/XES3E-1222-06x 4

S3E/XES3E-1222-07x 4

S3E/XES3E-1222-10x* 8

S3E/XES3E-1222-12x* 8

S3E/XES3E-1222-13x* 8

S3E/XES3E-1222-14x* 8

S3E/XES3E-1424-07x 4

S3E/XES3E-1424-12x* 8

S3E/XES3E-1424-13x* 8

S3E/XES3E-1424-14x* 8
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NOTE:
1. The standard structural support figures on page C27 apply to alternative structural support as well.

Series 3000  
Alternative Structural Support
The Series 3000 Cooling Towers (excluding basinless option) can accommodate Plan A (single cell) and Plan 

C (double cell) support with alternative spacing of anchor bolt hole center lines as listed in the table below. 

BAC provides specific anchorage drawings in the job file that reflect the revised anchor bolt hole center line 

dimension only. The unit will have pre-punched anchor bolt holes in the standard and minimum hole spacing 

locations only. All other alternative anchor bolt holes are located and drilled by others.

Model Number

Standard 
Spacing 

“A” Dimension
Spacing Range to Avoid due to Cold Water Basins Seams 

Interfere with Bolt Hole Locations

Maximum 
Spacing 

“A” Dimension

Minimum
Spacing 

"A" Dimension

S3E/XES3E-8518-x 9’-4” 8'-5 1/2" thru 7'-9 3/8" 16’-0” 7'-5"

S3E/XES3E-1020-x 11’-4” 10'-1 3/4" thru 9'-5 5/8" 16’-0” 8'-0"

S3E/XES3E-1222-x 12’-10” 11'-2 3/4" thru 11'-10 7/8" 16’-0” 9'-6"

S3E/XES3E-1424-x 15’-4” -- 16’-0” 12'-0"
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